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Retro-reflective sensors - miniature
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CLASS 1 LASER °
PRODUCT \
IEC 60825-1/2014 101 ] 10
Complies with 21 CFR 1040.10 and : T
1040.11 except for conformance with
|IEC 60825-1 Ed. 3., as described in
Laser Notice No. 56, dated May 8, 2019
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