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= SmartReflect - Safe barrier principle without reflector

= Baumer PinPoint LED: Small, homogeneous light spot with sharp
edges

= Long-term stable detection of transparent objects thanks to com-
pensation of environmental influences

= gTeach - tamper-proof, simple teach-in with ferromagnetic tool

= Quick mounting by means of M3 threaded bushes made of stain-

less steel
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